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Rexroth IndraControl VEH 30
Mobile operation and observation
INn new dimensions

Web-capable, flexible and robust



Rexroth IndraControl VEH 30

Operation and observation via Ethernet

IndraControl VEH 30 is a web-capable handheld operating device from Rexroth that

sets new standards for communication and visualization for modern industrial auto-

mation. The new handheld allows you to operate and observe via the Ethernet for a

flexible communication from different locations. A further feature is its ergonomic

design with a touch screen.

Optimized for your requirements
The handheld operator control
unit is ideal for all areas or applica-
tions requiring mobile control and
visualization functions — from
stand-alone machines or stations
to complex and long production
lines.

The neatly arranged user interface
is platform-independent and can
be modified or individually recon-
figured — i.e. optimized for your
application — with a minimum of
ease and time.

Everything under control - from
near and far

Control operations, parameteriza-
tion, maintenance or diagnostics
are now possible from any position
— with IndraView E30 M and
Ethernet TCP/IP. We have also
thought about machine-side hand-
ling. With the unit connected up
by the hot plug principle you can
take it without hindrance to exact-
ly where you need it — regardless of
whether the machine is running or
not.

The perfect answer for control
operations and visualization

A further asset of the IndraView
E30 M is its full-graphics 8.4" TFT
touchscreen with a resolution of
800 x 600 pixels. This and the
neatly arranged user interface pro-
vide you with an even clearer pic-
ture of your plant. Frequently used
functions such as Teach-In,
Navigate, Input, Confirm etc. are
assigned in addition to membrane
keys for more user-friendliness.
On request the handheld operator
control unit can also be supplied
with various other control ele-
ments such as a key-operated
switch, pushbutton, override
potentiometer, handwheel or joy-
stick.

Convincing in design and
ergonomics

In designing the unit we placed
great value on user-friendliness
and ergonomics: a compact, light-
weight construction enables tire-
less handling even after prolonged
use, no matter whether the opera-
tor is left or right handed. The rug-
ged, impact-resistant case is an
IP65 enclosure providing all-round
protection from dust and splash-
water.

Safety for man and machine
Maximum safety is provided with
three-step okay/approve buttons
(EN 60204-1) integrated in the
handles and by the STOP button
(EN 60204-1), which is installed in
a two-circuit arrangement compli-
ant with the safety regulations.
The STOP button is looped into
the machine's Emergency Stop
circuit through a special interface
box. In other words, the function
of an Emergency Stop is automati-
cally implemented when this con-
trol unit is connected to the
machine.



All advantages

at a glance

+ integrated web browser for loca-
tion indepenent operation and
visualization via Ethernet

+ flexible operation due to
Hot-Plug principle

+ safety functions for maximized
protection of personnel and
machines

+ robust construction for rough
operating conditions (IP65)

+ optimized ergonomics for safe
and tireless handling

+ comfortable 8.4" touch screen
for an optimized system over-
view

+ independent from the choice of
the operating system

+ individually extendable with
various operating elements
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IndraControl VEH 30 is the mobile
handheld that convinces:

it is web-capable, ergonomically optimi-
zed, and equipped with all functions for
shorter start-up and simpler maintenance

Features and functions

Display
Design SVGA-TFT
Size 8,4"

Resolution/colours

800 x 600/32.000

MTBF background lighting

40.000 h (bei 256° C)

Input medium/operating elements

Touch screen

Function keys

30 foil keys 2 x 6 jog keys

2 x 6 freely definable

4 navigation keys

OK key, ESC key

Alphanumeric input

via virtual keyboard

Okay/approve button 2 x, 2-circuit, 3-step
STOP button 2-circuit
Override potentiometer optional
Handwheel optional
Key-operated switch optional
Pushbutton optional
Joystick (3-axis) optional
Operating system
Linux embedded
Microsoft Windows XP embedded, optional
Memory
128 MB RAM
Processor
NS-Geode 300 MHz
Interfaces

10/100 Base-T Fast Ethernet

Compact Flash card (slot)

128 MB

Supply voltage

24V DC (+19 bis +30 V)

Dimensions (W x H x D)

240 x 250 x 80 + handle of approx. 55 mm

Weight

approx. 1.6 kg
Height of fall

max. 1.0 m
Protection type

IP65

Certificates

CE/UL/CSA and BG approval






