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Bosch Rexroth AG, R999001185/2018-10

Nuts Series Miniature

Size

d0 x P x Dw

FEM-E-B FEM-E-S SEM-E-S ZEM-E-S 

ZEM-E-K

ZEV-E-S

6 x 1 x 0.8
6 x 2 x 0.8
8 x 1 x 0.8
8 x 2 x 1.2
8 x 2.5 x 1.588
8 x 5 x 1.588
12 x 2 x 1.2
12 x 5 x 2
12 x 10 x 2

Page

Miniature series

FEM-E-B / FEM-E-S /
SEM-E-S / ZEM-E-S /
ZEM-E-K / ZEV-E-S

from
25

Speed series

Single nut with flange 
with recirculation caps
FEP-E-S

31

Standard series

L

Standard range, right-hand lead

Left-hand lead readily available 
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16 x 5 x 3 L L L L
16 x 10 x 3
16 x 16 x 3
20 x 5 x 3 L L L L L
20 x 10 x 3
20 x 20 x 3,5  
20 x 40 x 3,5
25 x 5 x 3 L L L L
25 x 10 x 3
25 x 25 x 3,5
32 x 5 x 3,5 L L L L
32 x 10 x 3,969
32 x 20 x 3,969
32 x 32 x 3,969
32 x 64 x 3,969
40 x 5 x 3,5 L L L L
40 x 10 x 6 L L L L
40 x 12 x 6
40 x 16 x 6
40 x 20 x 6
40 x 25 x 6
40 x 30 x 6
40 x 40 x 6
50 x 5 x 3,5
50 x 10 x 6
50 x 12 x 6
50 x 16 x 6
50 x 20 x 6,5
50 x 25 x 6,5
50 x 30 x 6,5
50 x 40 x 6,5
63 x 10 x 6
63 x 20 x 6,5
63 x 40 x 6,5
80 x 10 x 6,5
80 x 20 x 12,7

Single nut with flange
FEM-E-S

34

Single nut with flange
DIN 69 051, Part 5
FEM-E-C

36

Adjustable-preload 
single nut
SEM-E-S

38

Adjustable-preload single nut  
DIN 69051, Part 5
SEM-E-C

40

Cylindrical single nut
ZEM-E-S/ZEM-E-K/
ZEM-E-A

42

Screw-in nut
ZEV-E-S

44

Double nut with flange
FDM-E-S

46

Double nut with flange
DIN 69 051, Part 5
FDM-E-C

48

Nuts and Nut Housings

Product overview
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Nut housing Page

MGS
for standard series
FEP-E-S 
FEM-E-S
SEM-E-S
FDM-E-S

5 10 12 16 20 25 30 32 40 64

16 A B A B A B

20 A B C A B C A B C A

25 A B A B A B

32 A B C A B C A B C A B C A

40 A B C A B C B B A B C B B A B C

50 A B A B B A B A B B A B

63 A B B B

80 A B B

A = MGS
B = MGD
C = MGA

Lead P
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98

MGD
for standard series
FEM-E-C
SEM-E-C
FDM-E-C
FED-E-B

100

MGA
for cylindrical single nut
ZEM-E-S
ZEM-E-K
ZEM-E-A

102

High-performance series Page

Single nut with flange
DIN 69051, Part 5
FED-E-B

52

Driven single nut with 
flange 
FAR-B-S

54
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Screws
Precision screw BAS Page
Tolerance grades: 
T5, T7, T9

Screw 

length

Sizes 6 to 12

6x1Rx0.8
6x2Rx0.8
8x1Rx0.8
8x2Rx1.2
8x2.5Rx1.588
8x5x1.588
12x2Rx1.2
12x5Rx2
12x10Rx2

300 400 500 800 1 500 2 500

57

Tolerance grades: 
T5, T7, T9 Left-hand lead

Size

16x5Lx3
20x5Lx3
25x5Lx3
32x5Lx3.5
40x5Lx3.5
40x10Lx6

1 500 2 500 4 500 5 000
Screw 

length

Screws in tolerance 
grade T3 (longer versions 
and larger sizes available 
on request)

16x5Rx3

16x10Rx3

20x5Rx3

25x5Rx3

25x10Rx3

32x5Rx3.5

32x10Rx3.969

32x20Rx3.969

40x5Rx3.5

40x10Rx6

40x20Rx6

40x25Rx6

40x30Rx6

50x30Rx6.5

500 1 000 1 500 2 000
Screw 

length

Standard, available at short notice

on request
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Precision screw BAS Page
Tolerance grades: 
T5, T7, T9

Größen 16 bis 80
16x5Rx3
16x10Rx3
16x16Rx3
20x5Rx3
20x10Rx3
20x20Rx3.5
20x40Rx3.5
25x5Rx3
25x10Rx3
25x25Rx3.5
32x5Rx3.5
32x10Rx3.969
32x20Rx3.969
32x32Rx3.969
32x64Rx3.969
40x5Rx3.5
40x10Rx6
40x12Rx6
40x16Rx6
40x20Rx6
40x25Rx6
40x30Rx6
40x40Rx6
50x5Rx3.5
50x10Rx6
50x12Rx6
50x16Rx6
50x20Rx6.5
50x25Rx6.5
50x30Rx6.5
50x40Rx6.5
63x10Rx6
63x20Rx6.5
63x40Rx6.5
80x10Rx6.5
80x20Rx12.7

1 500 2 500 3 500 4 500 7 500 10 000 13 000
5 000

5 500
6 000

Standard, available at short notice

On request

Maximum length (assembled) on request

Screw 

length

57

Screw ends Page

58
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Bearing
Pillow block unit Page
SEC-F

Lead P

1 2 2.5 5 10 12 16 20 25 30 32 40 64

6 A A

8 A A A A

12 A A A

16 A A A

20 A B C D E A B C D E A B C D E A B C

25 A C D E A C D E A C

32 A B C D E A B C D E A B C D E A B C A B C

40 A B C E A B C E A B C A B C A B C E A B C A B C A B C E

50 A E A E A A A E A A A E

63 A A A

80 A A

A = SEB-F and SEB-L
B = SEC-F and SEC-L
C = SES-F and SES-L
D = SED-F and SED-L
E = SEE-F 

104

SEC-L 106

SES-F

 
D

ia
m

et
er

 d
0

108

SES-L 110

SEB-F 112

SEB-L 114

SED-F-Z 116

SED-L-S 118

SEE-F-Z 120
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Bearing Page
LAF

8
12
16
20
25
32
40
50
63
80

3020 322516121052.521 40 64
6
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Lead P

   LAF        LAN / LAD

122

LAN 124

LAD 126

LAL

2.5

8
12
16
20
25
32

105
6

1 2
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Lead P

   LAL

128

LAS

16
20
25
32
40
50
63
80

32 40 6410 12 16 20 255
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0 

Lead P

   LAS

130

Single parts Page
Slotted nut
NMA, NMZ

Assembly tool for 
NMA/NMZ/NMG

132

133

Ring nut GWR 133

Front lube unit 134

Measuring pads 139

Arrestor nut 139

Acceptance conditions Page
142

Bearing 

Accessories The load capacities of bearing and ball screw drive must be kept in reasonable balance.


