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Bosch Rexroth AG, 3 842 540 392 (2015-09)

Tread Thermoplastic 
rubber

Polyamide 6 Solid rubber Polyurethane

ESD yes / no  
(either possible)

no yes yes

Tread hardness

85° shore A 70° shore D 80° shore A 94° shore A

Temperature resistance

‒20 °C … +60 °C ‒25 °C … 80 °C ‒20  °C … +60  °C ‒20  °C … +60  °C

Rolling resistance

very good outstanding good very good

Travel noise

good satisfactory very good good

Floor protection

good satisfactory very good good

Deformation elasticity of 
tread satisfactory adequate very good good

Tread color gray black black gray

Makes no track marks yes yes no yes
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